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Side Panel Kit for Motive™ Vertical Cable Manager

• Use for added protection and/or in thermal containment environments

• Available in one pair or two pairs

• One pair includes one left and one right side panel and will cover both 
sides of a Motive Single-Sided Vertical Cable Manager

• Two pairs includes two left and two right side panels and will cover both 
sides of a Motive Double-Sided Vertical Cable Manager

ORDERING INFORMATION

Part 
Number

Height
in (mm)

Shipping Weight 
lb (kg)

32602-X01 72 (1829), 1 Pair 14 (6.4)

32602-X02 78 (1981), 1 Pair 15 (6.8)

32602-X03 84 (2133), 1 Pair 16 (7.3)

32602-X05 90 (2286), 1 Pair 17 (7.7)

32602-X15 96 (2438), 1 Pair 18 (8.2)

32602-X08 108 (2743), 1 Pair 20 (9.1)

32602-X51 72 (1829), 2 Pair 26 (11.8)

32602-X52 78 (1981), 2 Pair 28 (12.7)

32602-X53 84 (2133), 2 Pair 30 (13.6)

32602-X55 90 (2286), 2 Pair 32 (14.5)

32602-X65 96 (2438), 2 Pair 34 (15.5)

32602-X58 108 (2743), 2 Pair 38 (17.3)

X= Color; 7 = Black, E= Glacier White


