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RMR Modular Enclosure Plinth Base 

Plinth Base is a structural mounting base that creates a 
lift, which can be used to service and route cables 
through the bottom panel of the enclosure.

• 4"H (100 mm) or 8"H (200 mm) lift options
• Features kick plates that surround the base of the 

enclosure
• Includes: Metal structure and assembly hardware
• Material: Steel

ORDERING INFORMATION

RMR Modular Enclosure Plinth Base

Part Number – Plinth Height
Width

in (mm)
Depth

in (mm)

Shipping 
Weight 
lb (kg)4" (100 mm) 8" (200 mm)

37830-X03 37830-X21 23.6 (600) 23.6 (600) 40 (18.2)

37830-X05 37830-X23 23.6 (600) 31.5 (800) 44 (20.0)

37830-X07 37830-X25 23.6 (600) 39.4 (1000) 48 (21.8)

37830-X09 37830-X27 23.6 (600) 47.2 (1200) 52 (23.6)

37830-X12 37830-X30 31.5 (800) 23.6 (600) 44 (20.0)

37830-X14 37830-X32 31.5 (800) 31.5 (800) 48 (21.8)

37830-X16 37830-X34 31.5 (800) 39.4 (1000) 52 (23.6)

37830-X18 37830-X36 31.5 (800) 47.2 (1200) 56 (25.5)

X=color: C=Black, G=Hammer Gray. Shipping weights are for 8" (200 mm) plinth height.


